SUBPANELS FOR HOFFMAN ENCLOSURES

DESCRIPTION Q(W@
The Hoffman subpanels can come in white painted steel,

Aluminum or stainless steel.

FEATURES

e White painted steel flat panel
e Aluminum flat panel

e Stainless steel flat panel

Solid Panel

ORDERING INFORMATION
MODEL DIMENSIONS MODEL DIMENSIONS MODEL DIMENSIONS
Size (in) HxW Size (in) HxW Size (in) HxW
A6P4 4.88" x 2.88" Steel NEMA 3R, 4,12 A-48P30 48" x 30" Steel NEMA 1 Large, 3R, 4,12 A10P10AL 8.75" x 8.88" Aluminum
A6P6 4.88" x 4.88" Steel NEMA 3R, 4,12 A-48P36 48" x 36" Steel NEMA 1 Large, 3R, 4,12 A10PSAL 8.75" x 6.75" Aluminum
A-8P6 6.75" x 4.88" Steel NEMA 3R, 4,12 A-60P36 60" x 36" Steel NEMA 1 Large, 3R, 4,12 A12P10AL 10.75" x 8.75" Aluminum
A-8P8 6.75" x 6.88" Steel NEMA 3R, 4,12 A-60P48 60" x 48" Steel NEMA 1 Large, 3R, 4,12 A14P12AL 12.75" x 10.75" Aluminum
A10P10 8.75" x 8.88" Steel NEMA 3R, 4,12 A-60P60 60" x 60" Steel NEMA 1 Large, 3R, 4,12 A16P14AL 14.75" x 12.88" Aluminum
A10P8 8.75" x 6.88" Steel NEMA 3R, 4,12 A-72P36 72" x 36" Steel NEMA 1 Large, 3R, 4,12 A18P16AL 16.75" x 14.88" Aluminum
A-12P10 10.75" x 8.88" Steel NEMA 3R, 4,12 A-72P60 72" x 60" Steel NEMA 1 Large, 3R, 4,12 A6P4AL 4.88" x 2.88" Aluminum
A-12P12 12" x 12" Steel NEMA 3R, 4,12 A-72P72 72" x 72" Steel NEMA 1 Large, 3R, 4,12 AG6P6AL 4.88" x 4.88" Aluminum
A-12P24 12" x 24" Steel NEMA 3R, 4,12 A-16N12MP 16" x 12" Steel NEMA 1 Medium A8P6AL 6.75" x 4.88" Aluminum
A-14P12 12.75" x 10.88" Steel NEMA 3R, 4,12 A-16N16MP 16" x 16" Steel NEMA 1 Medium ABPSAL 6.75" x 6.88" Aluminum
A-16P12 16" x 12" Steel NEMA 3R, 4,12 A-16N20MP 16" x 20" Steel NEMA 1 Medium C-P1212 12" x 12" Concept
A16P14 14.75" x 12.88" Steel NEMA 3R, 4,12 A-20N16MP 20" x 16" Steel NEMA 1 Medium C-P1612 16" x 12" Concept
A-16P16 16" x 16" Steel NEMA 3R, 4,12 A-20N20MP 20" x 20" Steel NEMA 1 Medium C-P1616 16" x 16" Concept
A18P16 16.75" x 14.88" Steel NEMA 3R, 4,12 A-24N16MP 24" x 16" Steel NEMA 1 Medium C-P2016 20" x 16" Concept
A-20P16 20" x 16" Steel NEMA 3R, 4,12 A-24N20MP 24" x 20" Steel NEMA 1 Medium C-P2020 20" x 20" Concept
A-20P20 20" x 20" Steel NEMA 3R, 4,12 A-24N24MP 24" x 24" Steel NEMA 1 Medium C-P2416 22.20" x 14.20" Concept
A-24P16 24" x 16" Steel NEMA 3R, 4,12 A-30N24MP 30" x 24" Steel NEMA 1 Medium C-P2420 24" x 20" Concept
A-24P20 24" x 20" Steel NEMA 3R, 4,12 A-30N30MP 30" x 30" Steel NEMA 1 Medium C-P2424 24" x 24" Concept
A-24P24 24" x 24" Steel NEMA 3R, 4,12 A-36N24MP 36" x 24" Steel NEMA 1 Medium C-P3024 30" x 24" Concept
A-30P24 30" x 24" Steel NEMA 3R, 4,12 A-36N30MP 36" x 30" Steel NEMA 1 Medium C-P3030 30" x 30" Concept
A-30P30 30" x 30" Steel NEMA 3R, 4,12 A-16P12SS6 16" x 12" Stainless Steel NEMA 4X C-P3624 36" x 24" Concept
A-36P24 36" x 24" Steel NEMA 3R, 4,12 A-16P16SS6 16" x 16" Stainless Steel NEMA 4X C-P3630 36" x 30" Concept
A-36P30 36" x 30" Steel NEMA 3R, 4,12 A-20P16SS6 20" x 16" Stainless Steel NEMA 4X C-P3636 36" x 36" Concept
A-36P36 36" x 36" Steel NEMA 3R, 4,12 A-20P20SS6 20" x 20" Stainless Steel NEMA 4X C-P4236 42" x 36" Concept
A-42P24 42" x 24" Steel NEMA 1 Large, 3R, 4,12 | A-24P16SS6 24" x 16" Stainless Steel NEMA 4X C-P4836 48" x 36" Concept
A-42P30 42" x 30" Steel NEMA 1 Large, 3R, 4,12 | A-24P20SS6 24" x 20" Stainless Steel NEMA 4X C-P6036 60" x 36" Concept
A-42P36 42" x 36" Steel NEMA 1 Large, 3R, 4,12 | A-30P24SS6 30" x 24" Stainless Steel NEMA 4X
A-30P30SS6 30" x 30" Stainless Steel NEMA 4X
A-36P24SS6 36" x 24" Stainless Steel NEMA 4X
A-36P30SS6 36" x 30" Stainless Steel NEMA 4X
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