WIRE CONNECTORS, TIES, ACCESSORIES

DESCRIPTION

These miscellaneous electrical products are used for
supporting and connecting conductors.

ORDERING INFORMATION

MOISTURE-RESISTANT BUTT SPLICES (PKg. 100)

Model

Wire Size

UR

19-26

TWIST ON WIRE CONNECTORS UL File E116091 (PKg. 100)

Model Wire Size 1.D. Color Volts
KWN72B 22-14 0.188 Blue 300
KWN730 22-14 0.203 Orange 600
KWN74Y 18-12 0.235 Yellow 600
KWN76R 18-10 0.328 Red 600
KWN78G 14-8 0.453 Gray 600

HEAVY-DUTY CABLE CLAMPS UL File E76766 (PKg. 25)
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Moisture-Resistant Twist on Wire KWN78G
Butt Splice Connector
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Heavy-Duty
Cable Clamp EWKO12, EWKO34

Cable Tie
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Mounting Tie

Model Size| Width | Thickness | phoe @

CCO0625N | 5/8" | 1/2"(1.27cm) | 0.060" (0.15cm)| 0.203" (0.52 cm)

CCO0750N 3/4" | 1/2"(1.27 cm) | 0.060" (0.15¢cm)| 0.203" (0.52 cm) Identification Tie

CCO08750N | 7/8" | 1/2"(1.27¢cm) | 0.060" (0.15¢m)| 0.203" (0.52 cm)

CCIN 1" | 1/2"(1.27 cm) | 0.060" (0.15¢cm)| 0.203" (0.52 cm)

CC1250N | 1-1/4"| 1/2"(1.27 cm) | 0.060" (0.15cm)| 0.203" (0.52 cm)

KO SEALS Mounting Platform

Model Description Unit Quanity

EWKO12 1/2" KO Seal 1 piece

EWKO34 3/4" KO Seal 1 piece

Model \ Length \ Width Type Thickness Unit Quantity

CABLETIES

K400CT 4.0" (10.16 cm) 0.10" (0.25 cm) Miniature 100/ pKg.

K750CT 7.5" (19.05 cm) 0.19"(0.48 cm) Standard 100/ pKg.

K750PCT 7.5" (19.05 cm) 0.19"(0.48 cm) Plenum UL File E97527 100/ pKg.

K1970CT 19.7" (50.04 cm) 0.19"(0.48 cm) Standard 100/ pKg.

K1400PCT 145" (35.56 cm) 019" (0.48 cm) Plenum UL File E97527 100/ pKg.

MOUNTING TIES

KMT650-8 6.5" (1651 cm) 14" (0.36 cm) Stud #8-0.178" 50/ pKg.

KMT800-10 8.0" (20.32 cm) 019" (0.48 cm) Stud #10-0.198" 50/ pKg.

IDENTIFICATION TIES

IDT400 4.0" (10.16 cm) 0.10" (0.25 cm) Write-On 50/ pKg.

IDT750 7.5" (19.05 cm) 0.19"(0.48 cm) Write-On 50/ pKg.

MOUNTING PLATFORMS

MP7575 0.75" (1.91 cm) 0.75" (1.91 cm) 4- way miniature 3/16" (0.48 cm) 50/ pKg.

MP1111 1.1"(2.79 cm) 11" (2.79 cm) 4- way standard 5/16" (0.79 cm) 50/ pKg.
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